GENERAL DUTY '
Series 107 Ground Straps lenair.

107-133 Five available materials ¢ configurable soldered lugs

\\\ GENERAL DUTY GROUND STRAPS, SOLDERED LUGS

e
How To Order
Sample Part Number 107-133 A (1000 E | H |[-10| S
Product Series General-duty ground strap, soldered lugs

IETC R EVCE NG R See Table |

Size Code SeeTable Il

See Table Il (If specifying 2 different sizes,

L) L specify smaller hole as Lug 1)

Lug 2 Hole See Table Il

Length In 1 inch increments. Measured when part is relaxed.

Insulation S =Insulated Sleeving Omit for none

able I: Braid Material Table IlI: Size Code / Dimensions

Code Braid Material Size Available Lug
< Code 2 & R E b Hole Codes
A Copper /Tin Plated
B | Copper/Silver Plated 250 037(94) 0.16 (4.) 0.100 (2.5) 052 (4.0) 0.156 A
C | Copper/ Nickel Plated 500 | 0.69 (17.5) 033 (84) 0.100 (2.5) 1.04 (8.0) 0313 B-G
D | Stainless Steel 781 075 (19.1) 033(84) 0.100 (2.5) 1.04 (8.0) 0313 D-G
E | Nickel 200 1000 | 088(224) | 039(9.9) 0.100 (2.5) 117 (9.5) 0375 E-H
1500 1.01(25.7) 0.46 (11.7) 0.100 (2.5) 1.29 (11.1) 0.438 E-1
2000 1.29 (32.8) 0.61(15.5) 0.100 (2.5) 1.61 (15.1) 0.594 F-K
Table llI: Lug Hole Size Codes
Lug 1 &2 . Stud Size
Hole Size Code chia: (Ref.) L
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i 573 /.588 /16 Lugs: Copper/Electroless Nickel plate
(14.6 /14.9) Sleeving: Viton M23053/13, Sumitomo FE3 or SM60. Meets outgassing requirements of NASA
635/ .650 SP-R-0022A.
K 16.1/16.5 >/8
(16:1/16.5) Solder: 97 Tin / 3 Copper
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Dimensions in Inches (millimeters) are subject to change without notice.



