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HEAVY DUTY
Series 107 Ground Straps
Special 3-layer configuration • configurable heavy-duty  
solder-free crimp lugs

How To Order

Sample Part Number 107-159 -235 E G S

Product Series Special 3-layer ground strap

Length In millimeters. (eg. 235 = 235mm, 9.25 in.)

Lug 1 Hole See Table I (If specifying 2 different sizes,  
specify smaller hole as Lug 1)

Lug 2 Hole See Table I

Insulation S = Insulated Sleeving Omit for none

Table I: Lug Hole Size Codes
Lug 1 & 2  

Hole Size Code A Dia. Stud Size  
(Ref.)

A
.120/.128 

(3.05/3.25)
#4

B
.147/.152 

(3.73/3.86)
#6

C
.172/.180 

(4.37/4.57)
#8

D
.199/.204 

(5.05/5.18)
#10

E
.257/.266 

(6.53/6.76)
1/4

F
.323/328 

(8.20/8.33)
5/16

G
.386/.391 

(9.80/9.93)
3/8

H
.449/.454 

(11.40/11.53)
7/16

J
.511/.517 

(12.98/13.13)
1/2

 1.00
(25.4)
  2X

 .585
(14.9)
  2X

 BRAID
3 LAYERS

 .20
(5.1)
  2X

A
DIA

(Lug Hole)

LENGTH
 .50
(12.7)
  2X

 1.17
(29.7)
  2X

SLEEVING
A

DIA
(Lug Hole)

NOTES
Lug hole sizes may differ from each other depending on the part number development. The 
smaller lug hole diameter shall be specified in the “Lug 1” location in the part number.
Length tolerance is ± .125 inches (3.18mm) for lengths up to 12 inches, or ± 1% for longer 
lengths.

MATERIAL/FINISH
Lugs: Copper per ASTM B152, ASTM F68, ASTM B75 or MIL-T-24107 /  
Tin Plate per ASTM B545 Class B or MIL-T-10727 Type I
Braid: Copper / tin plate IAW AA59569R30T0562
Sleeving: Viton M23053/13, Sumimark SM60

HEAVY-DUTY 3-LAYER GROUND STRAPS, CRIMP LUGS


