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High Voltage
Electrical Power Distribution

From O to 60 in 3.9 géconds

igh voltage electrical power distribution is shielded conduit and ruggedized reverse-bayonet
Ha critical component of the 100% electric power connectors—all made by Glenair.

Tesla Roadster. Glenair is on the forefront of innovative

The reliable distribution of electrical energy efforts to advance the reliability and performance

from the car’s lithium-ion energy storage system of electric vehicles. Glenair power connectors,
to the vehicle’s motor, electronic control module, cables and conduit are deployed in high-voltage
HVAC system, transmission and regenerative power management and distribution applications
braking unit depends on a high-performance for systems as demanding as military vehicles
wiring system made up of high-temperature —and as fast as the Tesla Roadster.

lenaz'n

EU Sales: Glenair Connectors Italia, S.r.L. Tel: +39-02-91082121 Email: sales-italia@glenair.com
North American Sales: Glenair Connecticut, Tel: 203-741-1115 Email: sales@glenair.com
Factory Support: Commital S.p.a. (Italy) Tel: +39-51-7821811 Email: commital@commital.com

www.glenair.com
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Introduction ZT
®

Series ITH Rigid Inserts and Crimp Contacts Save
Assembly Time and Improve Electrical Insulation Performance

The Glenair Commital ITH connector series is based on the MIL-C-5015 standard, but features an
improved reverse bayonet coupling technology in place of the threaded coupling used in MIL-C-5015.
The ITH Series is also notable for its rigid inserts and crimp contacts that provide both better electrical
insulation as well as reduced assembly time. The connector also features a 3-point reverse bayonet
coupling mechanism which provides easier mating when the connector is in an awkward position.
Positive locking of the three stainless steel pins provides reliable resistance to vibration and shock, and
prevents connector de-coupling in even the most rugged applications such as locomotives and mass-
transit cars. The products conform to the VG95234 standard and are currently used throughout Europe
on hundreds of ruggedized applications. All connectors in the series conform to French (NFF 61030)
electrical standards, as well as EEC compliance directives for electromagnetical compatibility.

EMI shield termination accessories are available for both overall as well as individual wire shields.

Chacteristics Material & Finish
Design according to MIL-C-5015 and VG95234
Max torque values (full insertion): Metal parts:
) Aluminum alloy with cadmium free conductive plating and
Connector size Torque (NM) black passivation (ROHS compliant).
18 4.0
20 5.0 Contacts:
22 6.0 Copper alloy with gold plating.
24 - 28 6.5
gé - 40 2:8 Insulating parts:

Inserts: Low fire hazard plastic UL94V0 and NFF16-102
Temperature range: -40°C to +100°C

(F7 conductive plating). Gaskets: Halogen free silicone rubber (NFF 16-102).
-55°C to+125°C
(F6 non-conductive plating).

Insulation resistance: > 5 x 10> MW min in mated

conditions (with compressed interfacial seal).

C0|:|tact Working voltage | Dielectric voltage Creepage & air clea_rance distance
size mm min
20 220 Vac 2550 Vac 9
16 220 Vac 2550 Vac 9
12 500 Vac 3250 Vac 12
8 500 Vac 3250 Vac 12
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Series ITH Rigid Insert Reverse Bayonet Connectors

Electrical Performance
Rated Current

Contact size Rated current according to NFF61-030 Max. Contact resist.
1 contact A Il contacts
20 10 A 5A 3.0 mQ
16 15 A 8A 2.5mQ
12 20 A 16 A 1.3 mQ
8 25 A 25 A 0.9mQ
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AMBIENT TEMPERATURE (C°)

Glenair Part Number

PL 607-XXP
PL 607-XXS
. 20-4 PL 60720-4P PL 60720-4S
InSUIatlng Grommet 20-7 PL 60720-7P PL 60720-7S
22-23 PL 60722-23P PL 60722-23S
18-19 PL 60718-19P PL 60718-19S
20-15 PL 60720-15P PL 60720-15S
22-14 PL 60722-14P PL 60722-14S
24-10 PL 60724-10P PL 60724-10S
24-A55 PL 60724-A55P PL 60724-A55S
28-21 PL 60728-21P PL 60728-21S
32-A13 PL 60732-A13P PL 60732-A13S
36-10 PL 60736-10P PL 60736-10S
36-A22 PL 60736-22P PL 60736-22S
40-A35 PL 60740-A35P PL 60740-A35S
40-A60 PL 60740-A60P PL 60740-A60S
40-70 PL 60740-70P PL 60740-70S
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Series ITH Rigid Insert Reverse Bayonet Connectors .
Exploded View
Wall Mounted Receptacle and Straight Plug lenaZﬁ

Wall Mounted Receptacle

Sealing grommet
Pin insert

Pin contact
Locking seeger
Front sealing
Receptacle

Stainless steel pin

Straight Plug

Backshell

Sealing grommet
Socket insert

Seeger for coupling nut
Front O-Ring

Socket contact

Insert Retaining Ring
Shell

Wave washer

Coupling nut
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. Series ITH Rigid Insert Reverse Bayonet Connectors
Dimensional Details
e nazn Pin Contacts

Crimped Pin Contacts

! [ — i ﬁ

2B OA < I — — |- gt @D
L= ] L.
* —— u ‘
1 .

Wire gauge OA 2B acC @D F L
Part Number | Size mm? AWG +0,1 ;01 +?61 +0,1 +0,1 0,2
PL 570-20 20 0.15+0.6] 26+20 1.00 2.4 1.3 2 4.5 32.0
PL 40557 16 1.5 16 1.57 3.7 1.7 2.6 7.9 30.9
PL 40557-12 16 0.5+0.75 20 1.57 3.7 1.2 2.6 7.9 30.9
PL 40557-15 16 1 18 1.57 3.7 1.5 2.6 7.9 30.9
PL 40557-20 16 2 14 1.57 3.7 2 2.9 7.9 30.9
PL 40557-26 16 25+3.5 12 1.57 3.7 2.5 3.8 7.9 30.9
PL 40561 12 25+3.5 12 2.38 5.5 2.5 3.9 9.9 37.9
PL 40561-12 12 0.5+0.75 20 2.38 5.5 1.2 2.6 9.9 37.9
PL 40561-20 12 1+2 18+ 14 2.38 55 2 3.9 9.9 37.9
PL 40561-30 12 4 2.38 5.5 3 4.8 9.9 37.9
PL 40792 8 6+8 8 3.59 8.2 4.5 6.9 12.2 42
PL 40792-30 8 4 3.59 8.2 3 4.8 12.2 42
PL 40792-38 8 6 3.59 8.2 3.60 6.80 12.2 42
PL 40792-50 8 10 3.59 8.2 5.00 6.90 12.2 42

Size 8 Coaxial Contact
r frELE RN
M\ NN J][ |
0760 64Q55-F— =t - - - - I— 2 5.60 8.2
=~ I:'[
37.9
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Series ITH Rigid Insert Reverse Bayonet Connectors

Dimensional Details
Socket Contacts

Crimped Socket Contacts

F
| 6 =
7B GA —+ - - - - - - - f- - | oC @D
l 1 v - 11 +
L
Wire gauge OA 2B acC 2D F L

Part Number | Size mm? AWG 0.1 ;01 Og 0.1 0.1 0.2

PL 40520 20 0.15+0.6 26+20 1.5 2.4 1.3 2 4.5 37.7

PL 40556 16 1.5 16 1.65 3.7 1.7 2.6 7.9 34.9

PL 40556-12 16 0.5+0.75 20 1.65 3.7 1.2 2.6 7.9 34.9

PL 40556-15 16 1 18 1.65 3.7 1.5 2.6 7.9 349

PL 40556-20 16 2 14 1.65 3.7 2 2.9 7.9 34.9

PL 40556-26 16 25+35 12 1.65 3.7 25 3.8 7.9 34.9

PL 40560 12 25+35 12 2.45 55 2.5 3.9 9.9 37.9

PL 40560-12 12 0.5+0.75 20 2.45 55 1.2 2.6 9.9 37.9

PL 40560-20 12 1+2 18+ 14 2.45 55 2 3.9 9.9 37.9

PL 40560-30 12 4 2.45 5.5 3 4.8 9.9 37.9

PL 40793 8 6+8 8 3.65 8.2 4.5 6.9 12.2 41.8

PL 40793-30 8 4 3.65 8.2 3 4.8 12.2 41.8

PL 40793-38 8 6 3.65 8.2 3.60 6.80 12.2 41.8

PL 40793-50 8 10 3.65 8.2 5.00 6.90 12.2 41.8

Size 8 Coaxial Contact
N r
DO NS
\1( N
D760 670 56 —-% = Ze== '|- 1 ||- 5 = = l% 56 @ 8.2
Z — —— B
41.0
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0 Series ITH Rigid Insert Reverse Bayonet Connectors
enazr Contact Arrangements, Polarizations, and Insert Rotations
®

Contacts Alternative polarizations

Contact 8 12 16 20 Degrees O

layout @ fa) 'e) PY W X Y 7
18-19 10 120 240

20-15 7 80 280
22-14 19 80 280
24-10 7 80 280
24-A55 55 80 110 250 280
28-21 37 80 110 250 280
32-A13 13 65 130 230 295
36-10 48 80 125 235 280
36-A22 22 80 110 250 280
40-A35 35 70 130 230 290
40-A60 60 80 110 250 280

40-70 70 80 110 250 280

20-4 7 45 110 250

20-7 8 80 110 250 280
22-23 4 35 250

Insert Rotation (Front View of Pin Insert)

Normal Alternate Position Alternate Position
Position with Socket Contacts with Pin Contacts
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Series ITH Rigid Insert Reverse Bayonet Connectors
Contact Arrangements, Polarizations, and Insert Rotations
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Front View of
Pin Insert

Arrangement:
Contact Size:

Front View of
Pin Insert

Arrangement:
Contact Size:

ooooooooooooo
0,0,6,0,60.6.0
0.0,0,0.00.0
. 6,0,0,0.0,0
Front View of 6,000
Pin Insert
Arrangement: 36-10 40-A60
Contact Size: 16 16
CONTACT
1 12
LEGEND ox O 6 EB @ 8
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o Series ITH Rigid Insert Reverse Bayonet Connectors
enazr Panel Cutout and Thickness Requirements
®

—

—

— i

_ i — Maximum Panel

— Thickness
—

—

—

—_— =— A max
Panel thickness for type 03 FF and 030 connectors
Shell size | 18 20 22 24 28 32 36 40
A 750 | 750 | 750 | 750 | 750 | 7,50 7,50 7,50

. Recommended Panel Cutout
Q

Panel cutoutfortype 03 FP connectors (front panel mounting)

Shell size | 18 20 22 24 28 32 36 40

aC 26,5 | 30,0 | 330 | 36,0 | 42,0 48,5 55,0 61,0
R 0,1 270 | 294 | 318 | 349 | 397 44,5 49,2 55,5
oT 3.4 34 34 3,9 3,9 45 4,5 4,5

Panel cutout for type 03FF and 030 connectors (rear panel mounting)

Shell size | 18 20 22 24 28 32 36 40

agcC 31,7 35,0 38,3 | 41,8 47,6 543 60,5 66,4
R =0,1 27,0 294 31,8 | 349 39,7 445 492 55,5
oT 45 45 45 45 55 55 5,5 55
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Series ITH Rigid Insert Reverse Bayonet Connectors 0
How to Order lenazr
®

Connector / Backshell Class

A - Non-Environmental
R - Environmental (Includes Wire Sealing

Grommet)
Plug Grounding Contact
Fingers Gender Mod
06 & 08 Connectors Only P - Pin Code
Omit for Standard S - Socket Option
ITH = Plastic Insert Alternate
(Low fire hazard
UL94V0, NFF16-102) RI ntsf.rt
and Standard Contacts gm?t ;;n
C it ith gold .
;()/aotﬁ’lpg(jr alloy with go Shell Size Normal
and
Insert
Arrangement

Connector Shell Styles
03FF - Rear Box Mount Receptacle with Threaded Holes (No Accessories)
03FP - Rear Box Mount Receptacle with Through Holes (No Accessories)
030 - Rear Box Mount Receptacle with Threaded Holes and Accessories
038 - Rear Panel Mount Square Flange Receptacle with 90° Backshell
06 - Straight Cylindrical Plug Connector with Accessory Threads
08 - Cylindrical Plug Connector with 90° Cable Clamp Adapter

© 2013 Glenair, Inc. U.S. CAGE Code 06324 Printed in U.S.A.
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ITH O3FF A and ITH 03FP A
ITH 03FF R and ITH 03FP R

Box Mount Receptacle Connector
for Rear Panel Mounting

E lenair.

ITH
ITH = Plastic Insert and Standard ——,—

Contacts (See Notes #4, 6)

O3FF

Mod Code Option (See Table II)

Alternate Insert Rotation (W, X, Y, 2)

03FF = Rear Mounting Receptacle ——— Omit for Normal (See Page 6)
with Threaded Holes

03FP = Rear Mounting Receptacle
with Through Holes

Contact Gender
P - Pin
S - Socket

Environmental Class
A - Non-Environmental
R - Environmental

Shell Size and Insert Arrangement
(See Page 7)

D2 (FP)ﬁ
Application Notes:

1. Box mount receptacle connector with square flange for front or rear panel mounting. Optional threaded or
through mounting holes.

2. Environmental class A (non-environmental) not supplied with grommet; Class R (environmental) supplied with
grommet.

3. Standard shell materials configuration consists of aluminum alloy with cadmium free conductive plating and
black passivation.

4. Standard contact material consists of copper alloy with gold plating.

5. Abroad range of other front and rear connector accessories are available.
See our website and/or contact the factory for complete information.

6. Standard insert material is Low fire hazard plastic UL94V0 and NFF16-102.
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ITH 03FF A and ITH O3FP A
ITH 03FF R and ITH 03FP R !
Box Mount Receptacle Assembly e nazm

for Rear Panel Mounting

TABLE I: DIMENSIONS

D1 D2 E L1 L2 L3 L4
Shell Size +0 FF FP +0.1 F thread A R +0.4 +0.2 +0.3
-0.15 H13 0.3 0.3 -0
18 30.8 M4 3.2 27.0 |1.0000 - 20UNEF 50.0 58.0 23.05 4.0 35.0
20 34.2 M4 3.2 29.4 |1.1250 - 18UNEF 50.0 58.0 23.05 4.0 38.0
22 374 M4 3.2 31.8 |1.2500 - 18UNEF 50.0 58.0 23.05 4.0 41.0
24 40.9 M4 3.7 34.9 |1.3750 - 18UNEF 50.0 58.0 23.05 4.0 445
28 46.7 M5 3.7 39.7 |1.6250 - 18UNEF 50.0 58.0 24.05 4.0 50.8
32 53.4 M5 4.3 445 |1.8750 - 16UN 50.0 58.0 24.05 4.0 57.0
36 59.6 M5 4.3 49.2 (2.0625- 16UN 50.0 58.0 24.05 4.0 63.5
40 65.5 M5 4.3 555 |2.3125-16UN 50.0 58.0 24.05 4.0 69.9

TABLE II: MODIFICATION CODES

CONTACT OPTIONS
Sym | Description

BO Connector less contacts

Omit for standard version (Gold Plated
Copper Alloy Contacts Supplied)
FINISH OPTIONS
Sym | Description
F2 [ Bright Nickel Plating
F6 | Black Electrodeposited Paint
F8 [ Olive Drab Zn-Co Plating

Omit for standard version
(Cad free / black passivation Finish)
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0 ITH 030 A and ITH 030 R
Rear Box Mount Receptacle with Accessory Backshell
enaz& and a Selection of Cable Clamps
ITH 030 A 28-21 P Y XXX

ITH = Plastic Insert and StandardJ —l_— Mod Code Option (See Table II)
Contacts (See Notes #4, 6)

Alternate Insert Rotation (W, X, Y, 2Z)
030 = Rear Mounting Receptacle Omit for Normal (See Page 6)
with Threaded Holes

Contact Gender
Environmental Class P - Pin

A - Non-Environmental S - Socket

R - Environmental

Shell Size and Insert Arrangement
(See Page 7)

~— 2 L3 D2
i
o
DT —+\-—— -——+-— F
L1 L4
Order Cable Clamps and /-\
Sleeves Separately or Use
Mod Codes (Table 1) to Add \\/
Clamp to This Assembly.
IT 3057 C IT 3420 IT 3057 A
Cable Clamp Neoprene Sleeve Cable Clamp

Application Notes:

1. Box mount receptacle connector with square flange for rear panel mounting and backshell for use with cable
clamps or BR backshells. Threaded mounting holes.

2. Environmental class A (non-environmental) not supplied with grommet; Class R (environmental) supplied with
grommet.

3. Standard shell materials configuration consists of aluminum alloy with cadmium free conductive plating and
black passivation.

4. Standard contact material consists of copper alloy with gold plating.

5. Abroad range of other front and rear connector accessories are available.
See our website and/or contact the factory for complete information.

6. Standard insert material is Low fire hazard plastic UL94V0 and NFF16-102.
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ITH 030 Aand ITH 030 R
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Rear Box Mount Receptacle with Accessory Backshell
and a Selection of Cable Clamps 27,:@

TABLE I: DIMENSIONS

D1 D2 E L1 L2 L3 L4
Shell Size +0 FF +0.1 F thread Max. +0.4 +0.2 +0.3
-0.15 -0
18 30.8 M4 27.0 [1.0000 - 20UNEF 89.0 23.05 4.0 35.0
20 34.2 M4 29.4 [1.1875- 18UNEF 89.0 23.05 4.0 38.0
22 37.4 M4 31.8 [1.1875- 18UNEF 89.0 23.05 4.0 41.0
24 40.9 M4 34.9 |1.4375-18UNEF 89.0 23.05 4.0 445
28 46.7 M5 39.7 |1.4375- 18UNEF 93.0 24.05 4.0 50.8
32 53.4 M5 445 [1.7500 - 18UNS 93.0 24.05 4.0 57.0
36 59.6 M5 49.2 [2.0000 - 18UNS 105.0 24.05 4.0 63.5
40 65.5 M5 55.5 [2.2500 - 16UN 105.0 24.05 4.0 69.9

TABLE II: MODIFICATION CODES

CONTACT OPTIONS ACCESSORY OPTIONS
Sym | Description NO  Connector less backshell
BO | Connector less contacts N1  Connector with IT 3057 A cable clamp

Omit for standard version (Gold Plated N5  Connector with IT 3057 C cable clamp

Copper Alloy Contacts Supplied) N12 Connector with IT 3057 A cable clamp
and IT 3420 neoprene sleeve
FINISH OPTIONS

Sym | Description

F2 | Bright Nickel Plating

F6 | Black Electrodeposited Paint
F8 | Olive Drab Zn-Co Plating

Omit for standard version
(Cad free / black passivation Finish)

Omit for standard version
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. ITH 030 (EMI) and ITHC 030 (EMI)
Rear Box Mount Receptacle
enaz& with Backshell for EMI Shielded and Jacketed Cable

ITH 030 A 28-21 P Y EMI22 XXX
ITH = Plastic Insert and Standard Mod Code Option (See Table II)
Contacts (See Notes #4, 6)
ITHC = Plastic Insert and PHM-EMI Adapter
Hyperboloid Socket Contacts Alternate Insert Rotation (W, X, Y, 2Z)
030 = Rear Mounting Receptacle Omit for Normal (See Page 6)
with Threaded Holes Contact Gender
Environmental Class g Zm ket
A - Non-Environmental - Socke

R - Environmental Shell Size and Insert Arrangement
(See Page 7)

Application Notes:

1. Box mount receptacle connector with square flange for rear panel mounting and backshell to be used with
shielded jacket cables. Threaded mounting holes.

2. Environmental class A (non-environmental) not supplied with grommet; Class R (environmental) supplied with
grommet.

3. Standard shell materials configuration consists of aluminum alloy with cadmium conductive plating and black
passivation.

4. Contact material consists of copper alloy with gold plating.

5. Abroad range of other front and rear connector accessories are available.
See our website and/or contact the factory for complete information.

6. Standard insert material is Low fire hazard plastic UL94V0 and NFF16-102.
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ITH 030 (EMI) and ITHC 030 (EMI) .
Rear Box Mount Receptacle
with Backshell for EMI Shielded and Jacketed Cable [6”6127:@

TABLE I: DIMENSIONS

C D1 D2 E L1 L2 L3 L4
Shell size EMisize | win | Max (;"1’5 thread | #0.1 | Max +064 +0.2 | #0.3
18 18 20 | 165 | 308 | M4 270 | 850 | 23.05| 40 | 35.0
20 18 20 | 165 | 342 | w4 204 | 850 | 23.05| 40 | 380
22 18 20 | 165 | 374 | W4 318 | 850 | 23.05| 40 | 41.0
24 18 20 | 165 | 409 | W4 349 | 900 | 23.05| 40 | 445
22 150 | 20.0
2 46.7 M 7 0 | 24 4, 8
8 o ST oa0 ] 46 5 39 90.0 05 o | 50
22 150 | 20.0
2 4 M 445 | 1000 | 24. 4, 7.
3 ~a SRR 5 5 | 100.0 05 0o | 570
36 35 230 | 350 | 596 | M5 492 | 1100 | 24.05 | 40 | 635
40 35 230 | 350 | 655 | M5 555 | 110.0 | 24.05 | 40 | 69.9

TABLE II: MODIFICATION CODES

CONTACT OPTIONS
Sym | Description
BO | Connector less contacts

Omit for standard version (Gold Plated
Copper Alloy Contacts Supplied)
FINISH OPTIONS
Sym | Description
F2 | Bright Nickel Plating
F6 | Black Electrodeposited Paint
F8 | Olive Drab Zn-Co Plating

Omit for standard version
(Cad free / black passivation Finish)
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. ITH 030 A (M)
Rear Panel Box Mount Receptacle
enaz& with Metric Thread Cable Gland Backshell

ITH 030 A 20-27 P Y M32x1.5 XXX
ITH = Plastic Insert and Standard——,_ Mod Code Option (See Table II)
Contacts (See Notes #4, 6) Metric Thread Size
030 = Rear Mounting R tacl
with ?r?:eagsg ll_rll(g)glesecep acie Alternate Insert Rotation (W, X, Y, 2Z)
Omit for Normal (See Page 6)
Environmental Class

Contact Gender
P - Pin
S - Socket

A - Non-Environmental
R - Environmental

Shell Size and Insert Arrangement
(See Page 7)

12 ——l |<—L3

v

Lo

Q
|
|

L1 L4

Application Notes:
1. Rear panel box mount receptacle with metric thread cable gland backshell. Threaded mounting holes.

2. Environmental class A (non-environmental) not supplied with grommet; Class R (environmental) supplied with
grommet.

3. Standard shell materials configuration consists of aluminum alloy with cadmium free conductive plating and
black passivation.

4. Standard contact material consists of copper alloy with gold plating.

5. Abroad range of other front and rear connector accessories are available.
See our website and/or contact the factory for complete information.

6. Standard insert material is Low fire hazard plastic UL94V0 and NFF16-102.
7. Metric cable glands not included.
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ITH 030 A (M) .
Rear Panel Box Mount Receptacle
with Metric Thread Cable Gland Backshell [8”“27:@

TABLE I: DIMENSIONS

D1 D2 E 1 2 3 4
Shell Size +0 FE | 201 Mthread | yox. | *%4 | 202 | 203
-0.15 -0

18 308 | M4 | 270 M20x1.5 890 | 23.05 | 40 | 350
20 342 | M4 | 294 M25x1.5 890 | 23.05 | 40 | 380
22 374 | M4 | 318 M25x1.5 890 | 23.05 | 40 | 410
24 200 | Ma | 349 M32x1.5 890 | 23.05 | 40 | 445
28 267 | M5 | 397 M32x1.5 930 | 2405 | 40 | 508
32 534 | M5 | 445 M36x1.5 930 | 2405 | 40 | 570
36 596 | M5 | 492 MAOx15 | 1050 | 2405 | 40 | 635
40 655 | M5 | 555 Mdsx15 | 1050 | 2405 | 40 | 69.9

TABLE IIl: MODIFICATION CODES

CONTACT OPTIONS
Sym | Description

BO Connector less contacts

Omit for standard version (Gold Plated
Copper Alloy Contacts Supplied)
FINISH OPTIONS
Sym | Description
F2 | Bright Nickel Plating
F6 | Black Electrodeposited Paint
F8 | Olive Drab Zn-Co Plating

Omit for standard version
(Cad free / black passivation Finish)
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HLI

, ITH 06 A NO
ITHO6 RN
le nazn Straight P?lfg Asgembly

ITH 06 A 28-21 P Y NO XXX
ITH = Plastic Insert and Standard ——,_ ——— Mod Code Option (See Table II)
Contacts (See Notes #4, 6) No Connector Accessory Provided
06 ;h‘?g: ;iht Plug with Accessory - Alternate Insert Rotation (W, X, Y, Z)
Omit for Normal (See Page 6)
Environmental Class Contact Gender

A - Non-Environmental

R - Environmental P - Pin

S - Socket

Shell Size and Insert Arrangement
(See Page 7)

D1

Application Notes:
1. Straight Plug connector with accessory threads for the mounting of available backshells and cable clamps.

2. Environmental class A (non-environmental) not supplied with grommet; Class R (environmental) supplied with
grommet.

3. Standard shell materials configuration consists of aluminum alloy with cadmium free conductive plating and
black passivation.

4. Standard contact material consists of copper alloy with gold plating.

5. Abroad range of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.

6. Standard insert material is Low fire hazard plastic UL94V0 and NFF16-102.
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ITH 06 A NO ,
ITH 06 R NO
Straight Plug Assembly lena”ﬂ@

TABLE I: DIMENSIONS

D1 L1
Shell size +0.2 F thread A R
+0.3 +0.3
18 36.2 1.0000 - 20UNEF 50.0 58.0
20 39.8 1.1250 - 18UNEF 50.0 58.0
22 43.0 1.2500 - 18UNEF 50.0 58.0
24 46.4 1.3750 - 18UNEF 50.0 58.0
28 53.0 1.6250 - 18UNEF 50.0 58.0
32 60.0 1.8750 - 16UN 50.0 58.0
36 66.2 2.0625 - 16UN 50.0 58.0
40 72.3 2.3125-16UN 50.0 58.0
TABLE II: MODIFICATION CODES
CONTACT OPTIONS
Sym | Description
BO | Connector less contacts
Omit for standard version (Gold Plated
Copper Alloy Contacts Supplied)
FINISH OPTIONS

Sym | Description

F2 | Bright Nickel Plating

F6 | Black Electrodeposited Paint

F8 | Olive Drab Zn-Co Plating

Omit for standard version
(Cad free / black passivation Finish)
© 2013 Glenair, Inc. U.S. CAGE Code 06324 Printed in U.S.A.
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. ITH 06 A and ITH 06 R
Sraight Plug with Accessory Backshell
enaz& and a Selection of Cable Clamps

ITH G 06 A 28-21 P Y XXX
ITH = Plastic Insert and Standard ——I_ 1’ L——— Mod Code Option (See Table II)
Contacts (See Notes #4, 6 ,
( ) Alternate Insert Rotation (W, X, Y, 2Z)
Grounding Fingers Omit for Normal (See Page 6)
Omit for Standard
(Omit for Standard) Contact Gender
06 = Straight Plug P - Pin
- k
Environmental Class S - Socket
A - Non-Environmental Shell Size and Insert Arrangement
R - Environmental (See Page 7)

T A
— \_/

L1 . D1 .
Order Cable Clamps and
Sleeves Separately or Use
Mod Codes (Table Il) to Add
Clamp to This Assembly.
IT 3057 C IT 3420 IT 3057 A
Cable Clamp Neoprene Sleeve Cable Clamp

Application Notes:
1. Straight plug connector with backshell for use with strain-relief cable clamps.

2. Environmental class A (non-environmental) not supplied with grommet; Class R (environmental) supplied with
grommet.

3. Standard shell materials configuration consists of aluminum alloy with cadmium free conductive plating and
black passivation.

4. Standard contact material consists of copper alloy with gold plating.

5. Abroad range of other front and rear connector accessories are available.
See our website and/or contact the factory for complete information.

6. Standard insert material is Low fire hazard plastic UL94V0 and NFF16-102.
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ITH06 Aand ITH 06 R

Sraight Plug with Accessory Backshell
and a Selection of Cable Clamps

TABLE I: DIMENSIONS

E lenair

D1 L1

Shell size +0.2 F thread Max.

18 36.2 1.0000 - 20UNEF 89.0

20 39.8 1.1875 - 1BUNEF 89.0

22 43.0 1.1875 - 1BUNEF 89.0

24 46.4 1.4375 - 1BUNEF 89.0

28 53.0 1.4375 - 1BUNEF 93.0

32 60.0 1.7500 - 18UNS 93.0

36 66.2 2.0000 - 18UNS 105.0

40 72.3 2.2500 - 16UN 105.0

TABLE II: MODIFICATION CODES
CONTACT OPTIONS ACCESSORY OPTIONS

Sym | Description NO  Connector less backshell

BO | Connector less contacts N1  Connector with IT 3057 A cable clamp

Omit for standard version (Gold Plated

Copper Alloy Contacts Supplied)

N5  Connector with IT 3057 C cable clamp

FINISH OPTIONS

N12 Connector with IT 3057 A cable clamp
and IT 3420 neoprene sleeve

Sym

Description

Omit for standard version

F2

Bright Nickel Plating

F6

Black Electrodeposited Paint

F8

Olive Drab Zn-Co Plating

Omit for standard version

(Cad free / black passivation Finish)
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. ITH 06 A (EMI)
l Straight Plug Connector
enazn with Backshell for EMI Shielded and Jacketed Cable

G
ITH = Plastic Insert and Standard ——,_‘{

Contacts (See Notes #4, 6)

PHM-EMI Adapter

A 28-21 P Y EMI22 XXX
1 —I_— Mod Code Option (See Table II)

Grounding Fi
rczuonmi'tn F g‘tgai?ard) Alternate Insert Rotation (W, X, Y, Z)

Omit for Normal (See Page 6)

06 = Straight Plug

Contact Gender
Environmental Class P - Pin
A = Non-Environmental S - Socket

Shell Size and Insert Arrangement
(See Page 7)

L1 . D1 .

Application Notes:
1. Straight plug connector with backshell to be used with shielded and jacketed cables.
2. Environmental class A (non-environmental) not supplied with grommet.

3. Standard shell materials configuration consists of aluminum alloy with cadmium free conductive plating and
black passivation.

4. Standard contact material consists of copper alloy with gold plating.

5. Abroad range of other front and rear connector accessories are available.
See our website and/or contact the factory for complete information.

6. Standard insert material is Low fire hazard plastic UL94V0 and NFF16-102.
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ITH 06 A (EMI) .
Straight Plug Connector [
with Backshell for EMI Shielded and Jacketed Cable enazn

TABLE I: DIMENSIONS

C D1 L1

Shell size EMI size Min Max +0.2 Max

18 18 2.0 16.5 36.2 85.0

20 18 2.0 16.5 39.8 85.0

22 18 2.0 16.5 43.0 85.0

24 18 2.0 16.5 46.4 90.0

28 22 15.0 20.0 53.0 90.0
24 19.0 24.0

32 22 15.0 20.0 60.0 100.0
24 19.0 24.0

36 35 23.0 35.0 66.2 110.0

40 35 23.0 35.0 72.3 110.0

TABLE II: MODIFICATION CODES

CONTACT OPTIONS
Sym | Description
BO | Connector less contacts

Omit for standard version (Gold Plated
Copper Alloy Contacts Supplied)
FINISH OPTIONS
Sym | Description
F2 | Bright Nickel Plating
F6 | Black Electrodeposited Paint
F8 | Olive Drab Zn-Co Plating

Omit for standard version
(Cad free / black passivation Finish)
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. ITH 06 A (M)
Straight Plug Connector
enaz& with Metric Thread Cable Gland Backshell

ITH G 06 A 20-21 P Y M32x1.5 XXX

ITH = Plastic Insert and Standard Mod Code Option (See Table II)

Contacts (See Notes #4, 6)

ontacts (See Notes Metric Thread Size

Grounding Fingers Alternate Insert Rotation (W, X, Y, 2Z)

(Omit for Standard) Omit for Normal (See page 6)
06 = Straight Plug Contact Gender
Environmental Class P - Pin

A= Non-Environmental S - Socket

Shell Size and Insert Arrangement

(See Page 7)

L1

Application Notes:
1. Straight plug connector with metric thread cable gland backshell.
2. Environmental class A (non-environmental) not supplied with grommet.

3. Standard shell materials configuration consists of aluminum alloy with cadmium free conductive plating and
black passivation.

4. Standard contact material consists of copper alloy with gold plating.

5. Abroad range of other front and rear connector accessories are available.
See our website and/or contact the factory for complete information.

6. Standard insert material is Low fire hazard plastic UL94V0 and NFF16-102.
7. Metric cable glands not included.
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ITH 06 A (M) .
Straight Plug Connector
with Metric Thread Cable Gland Backshell [6”6127:@

TABLE I: DIMENSIONS

D1 L1
Shell size +0.2 M thread Max.
18 36.2 M20x1.5 89.0
20 39.8 M25x1.5 89.0
22 43.0 M25x1.5 89.0
24 46.4 M32x1.5 89.0
28 53.0 M32x1.5 93.0
32 60.0 M36x1.5 93.0
36 66.2 M40x1.5 105.0
40 72.3 M48x1.5 105.0

TABLE II: MODIFICATION CODES

CONTACT OPTIONS
Sym | Description

BO | Connector less contacts

Omit for standard version (Gold Plated
Copper Alloy Contacts Supplied)
FINISH OPTIONS
Sym | Description
F2 | Bright Nickel Plating
F6 | Black Electrodeposited Paint
F8 | Olive Drab Zn-Co Plating

Omit for standard version
(Cad free / black passivation Finish)

© 2013 Glenair, Inc. U.S. CAGE Code 06324 Printed in U.S.A.

GLENAIR, INC. - 1211 AIR WAY » GLENDALE, CA 91201-2497 - 818-247-6000 « FAX 818-500-9912
www.glenair.com 25 E-Mail: sales@glenair.com




oD
g a
3 =3
Q
o @
B

. ITH 08 A and ITH 08 R
90° Plug Connector with Accessory Backshell
enaz& and a Selection of Cable Clamps

ITH = Plastic Insert and Standard
Contacts (See Notes #4, 6)

Mod Code Option (See Table II)

Alternate Insert Rotation (W, X, Y, Z)
Omit for Normal (See Page 6)

Grounding Fingers

Omit for Standard
(Omit for Standard) Contact Gender
08 =90° Angle Plug P - Pin
- ket
Environmental Class S - Socke
A = Non-Environmental Shell Size and Insert Arrangement
R = Environmental (See Page 7)

Order Cable Clamps and
Sleeves Separately or Use
Mod Codes (Table Il) to Add
Clamp to This Assembly.

IT 3057 C IT 3420 IT 3057 A
Cable Clamp Neoprene Sleeve Cable Clamp

Application Notes:
1. 90° plug connector with backshell for cable clamps or BR backshells.

2. Environmental class A (non-environmental) not supplied with grommet; Class R (environmental) supplied with
grommet.

3. Standard shell materials configuration consists of aluminum alloy with cadmium free conductive plating and
black passivation.

4. Standard contact material consists of copper alloy with gold plating.

5. Abroad range of other front and rear connector accessories are available.
See our website and/or contact the factory for complete information.

6. Standard insert material is Low fire hazard plastic UL94V0 and NFF16-102.
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ITH 08 Aand ITH 08 R
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90° Plug Connector with Accessory Backshell
and a Selection of Cable Clamps 27,:@

TABLE I: DIMENSIONS

D1 F thread L1 L2

Shell size £0.2 Max. £0.2

18 36.2 1.0000 - 20UNEF 70.0 30.0

20 39.8 1.1875 - 18UNEF 75.0 32.0

22 43.0 1.1875 - 18UNEF 75.0 32.0

24 46.4 1.4375 - 18UNEF 80.0 37.0

28 53.0 1.4375 - 18UNEF 80.0 38.0

32 60.0 1.7500 - 18UNS 85.0 45.5

36 66.2 2.0000 - 18UNS 90.0 47.2

40 72.3 2.2500 - 16UN 95.0 52.0

TABLE II: MODIFICATION CODES
CONTACT OPTIONS ACCESSORY OPTIONS
Sym | Description NO  Connector less backshell

BO | Connector less contacts N1  Connector with IT 3057 A cable clamp
Omit for standard version (Gold Plated N5  Connector with IT 3057 C cable clamp
Copper Alloy Contacts Supplied) N12 Connector with IT 3057 A cable clamp

and IT 3420 neoprene sleeve

FINISH OPTIONS
Sym | Description
F2 | Bright Nickel Plating
F6 | Black Electrodeposited Paint
F8 | Olive Drab Zn-Co Plating

Omit for standard version
(Cad free / black passivation Finish)

Omit for standard version
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PL 37267-XX
Type A Adapter

D L1
Commital P.N. Shell Size 102 F thread F1 thread Max.
PL37267-18 18 29.5 1.0000 - 20UNEF |1.0000 - 20UNEF 56.0
PL37267-20 20 32.0 1.1250 - 18UNEF |1.1875- 18UNEF 56.0
PL37267-22 22 35.0 1.2500 - 1SUNEF |1.1875-18UNEF 56.0
PL37267-24 24 38.5 1.3750 - 1SUNEF |1.4375-18UNEF 56.0
PL37267-28 28 45.0 1.6250 - 1SUNEF |1.4375-18UNEF 61.0
PL37267-32 32 53.2 1.8750 - 16UN 1.7500 - 18UNS 61.0
PL37267-36 36 56.2 2.0625 - 16UN 2.0000 - 18UNS 75.0
PL37267-40 40 64.0 2.3125-16UN 2.2500 - 16UN 76.4

Application Notes:
Backshell adapter for the attachment of IT3057-XXA/C cable clamps or BR backshells.

Standard materials configuration consists of aluminum alloy with cadmium free conductive finish
and black passivation.

1.
2.

. Other types of front and rear connector accessories are available.

See our website and/or contact the factory for complete information.
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PL 37267-XXM

Metric Adapter lenair@
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. . D1 L1
Commital P.N. Shell Size +0.2 F thread M thread Max.
PL37267-18M20x1.5 18 29.5 |1.0000 - 20UNEF M20x1.5 56.0
PL37267-20M25x1.5 20 32.0 |1.1250-18UNEF M25x1.5 56.0
PL37267-22M25x1.5 22 35.0 1.2500 - 18UNEF M25x1.5 56.0
PL37267-24M32x1.5 24 385 |1.3750- 18UNEF M32x1.5 56.0
PL37267-28M32x1.5 28 45.0 |1.6250-18UNEF M32x1.5 61.0
PL37267-32M36x1.5 32 532 |1.8750-16UN M36x1.5 61.0
PL37267-36M40x1.5 36 56.2 |2.0625-16UN M40x1.5 75.0
PL37267-40M50x1.5 40 64.0 |2.3125-16UN M50x1.5 76.4
Application Notes:
1. Backshell adapter for the attachment of metric thread cable glands.
2. Standard materials configuration consists of aluminum alloy with cadmium free conductive finish
and black passivation.
3. Other types of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.
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IT 37267-BRXXX
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g = BR Adapter

G = 27/:@ for Termination of UNI4883 Rubber Conduit

IT 37267-32 BR4035

[N)

MIL-C-5015 Compatible
Accessory

Basic Part Number
and Shell Size Designator (Table 1)

Nipple End Dimension Designator
Finish Options (Table II)

< 15 =

Application Notes:
1. Backshell for the attachment of UNI4883 type rubber conduit.

2. Standard materials configuration consists of aluminum alloy with cadmium free conductive finish
and black passivation.

3. Other types of front and rear connector accessories are available. See our website and/or contact the factory
for complete information.
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IT 37267-BRXXX \
BR Adapter
for Termination of UNI4883 Rubber Conduit lenazn

TABLE I: PART NUMBER AND CONNECTOR SIZE DESIGNATOR

. D1 D2
Part Number Shell size F thread 0.2 —01
IT 37267-18BR2722 18 1.0000 - 20UNEF 30.0 20.5
IT 37267-20BR1712 20 - 22 1.1875 - 18UNEF 34.0 10.5
IT 37267-20BR2722 20 - 22 1.1875 - 18UNEF 34.0 20.5
IT 37267-20BR2833 20 - 22 1.1875 - 18UNEF 42.0 315
IT 37267-28BR2520 24 - 28 1.4375 - 18UNEF 45.0 16.5
IT 37267-28BR2722 24 - 28 1.4375 - 1BUNEF 45.0 20.5
IT 37267-28BR3126 24 - 28 1.4375 - 1BUNEF 45.0 22.5
IT 37267-28BR3328 24 -28 1.4375 - 18UNEF 45.0 26.5
IT 37267-28BR3530 24 - 28 1.4375 - 18UNEF 45.0 26.5
IT 37267-28BR3833 24 - 28 1.4375 - 18UNEF 45.0 31.5
IT 37267-28BR5045 24 -28 1.4375 - 18UNEF 45.0 36.2
IT 37267-32BR3126 32 1.7500 - 18UNS 53.0 24.5
IT 37267-32BR3328 32 1.7500 - 18UNS 53.0 26.5
IT 37267-32BR3833 32 1.7500 - 18UNS 53.0 31.5
IT 37267-32BR4035 32 1.7500 - 18UNS 53.0 31.5
IT 37267-32BR5045 32 1.7500 - 18UNS 53.0 40.0
IT 37267-36BR3530 36 2.0000 - 18UNS 57.4 26.5
IT 37267-36BR3833 36 2.0000 - 18UNS 57.4 31.5
IT 37267-36BR4035 36 2.0000 - 18UNS 57.4 31.5
IT 37267-36BR5045 36 2.0000 - 18UNS 57.4 43.5
IT 37267-40BR4136 40 2.2500 - 16UN 63.0 31.5
IT 37267-40BR4540 40 2.2500 - 16UN 63.0 38.5
IT 37267-40BR5045 40 2.2500 - 16UN 63.0 43.5
IT 37267-40BR5550 40 2.2500 - 16UN 63.0 48.5
TABLE Il: MODIFICATION CODES
FINISH OPTIONS
Sym| Description
F2 | Bright Nickel Plating
F6 [ Black Electrodeposited Paint
F8 | Olive Drab Zn-Co Plating
Omit for standard version (See Note 2)
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ITB 06T-XX

Plug Connector Cap
with Stainless Steel Chain
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ITB 06T:
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MIL-C-5015 Bayonet
Compatible Accessory

Basic Part Number
and Connector Size Designator
(Table I)

Finish Options (Table II)

TABLE I: PART NUMBER AND CONNECTOR SIZE DESIGNATOR

D1 D2 L1 L2

Part Number Max. +0(.)6 min. Max.
ITB 06T - 18 335 43 115 37
ITB 06T - 20 37.0 47 130 37
y D1 ITB 06T - 22 40.0 47 130 37
ITB 06T - 24 435 47 130 37
ITB 06T - 28 495 47 190 37
ITB 06T - 32 56.0 55 190 37
ITB 06T - 36 62.5 55 190 37
ITB 06T - 40 73.0 55 190 37

TABLE II: MODIFICATION CODES

FINISH OPTIONS
Sym| Description
I F2 | Bright Nickel Plating
F6 | Black Electrodeposited Paint
F8 [ Olive Drab Zn-Co Plating
Omit for standard version (See Note 2)

|t
5

Metal cap with stainless steel chain.

Application Notes:
1. Metal protective cover for bayonet plug connectors with stainless steel chain.

2. Standard materials configuration consists of aluminum alloy with cadmium free conductive finish
and black passivation.

3. Other types of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.
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ITB 02T-XX .
Receptacle Connector Cap [
with Stainless Steel Chain enazn

ITB 02T

n
—
oo

N

MIL-C-5015 Bayonet
Compatible Accessory

Basic Part Number
and Connector Size Designator
(Table )

Finish Options (Table II)

|‘— 2 = TABLE I: PART NUMBER AND CONNECTOR SIZE DESIGNATOR

\ D1 D2 L1 L2

Part Number Max. +0(')6 min. Max.

ITB 02T -18 375 4.3 100 21.2

D1 ITB 02T - 20 41.0 4.3 115 21.2

A ITB 02T - 22 44.0 4.3 115 21.2
ITB 02T - 24 47.5 4.3 115 21.2

ITB 02T - 28 54.5 55 160 21.2

| ITB 02T - 32 61.0 55 160 21.2

ITB 02T - 36 67.5 55 160 21.2

ITB 02T - 40 72.3 55 160 21.2

TABLE II: MODIFICATION CODES
FINISH OPTIONS

i —D2 Sym | Description
A A - F2 | Bright Nickel Plating
f F6 | Black Electrodeposited Paint

F8 | Olive Drab Zn-Co Plating
Omit for standard version (See Note 2)

Metal cap with stainless steel chain.

Application Notes:
1. Metal protective cover for bayonet plug connectors with stainless steel chain.

2. Standard materials configuration consistes of aluminum alloy with cadmium free conductive finish
and black passivation.

3. Other types of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.
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IT 3057-A
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lenal.r@ Cable Clamp
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S/

- D1 - — | 1 —

Commital P/N Shell size Sleeve A B C F thread Mléx
IT 3057-10A 18 IT 3420-10 33 | 16.0 | 10.2 [1.0000 - 20UNEF | 28.5
IT 3057-12A 20-22 IT 3420-12 35 | 19.0 | 10.2 (1.1875-18UNEF | 24.0
IT 3057-16A 24 -28 IT 3420-16 43 | 238 | 10.5 [1.4375-18UNEF | 26.0
IT 3057-20A 32 IT 3420-20 51 31.7 | 12,5 [1.7500 - 18UNS 28.0
IT 3057-24A 36 IT 3420-24 58 | 35.0 | 14.0 |2.0000- 18UNS 29.4
IT 3057-28A 40 IT 3420-28 65 | 412 | 14.0 |2.2500 - 16UN 42.8

Application Notes:

1. General duty cable clamp suitable for jacketed or multi-conductor cable or wire bundles protected by shrink
tubing.

2. Standard materials configuration consists of aluminum alloy with cadmium free conductive finish
and black passivation.

3. Other types of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.
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IT 3057-XXC .
General Duty Cable Clamp
for Jacketed or Multipolar Cable or Wires Protected by Tubing lenazn
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MIL-C-5015 Compatible
Accessory

Basic Part Number
and Shell Size Designator
(Table I)

Finish Options (Table Il)

TABLE II: MODIFICATION CODES

FINISH OPTIONS
Sym | Description
F2 | Bright Nickel Plating
F6 | Black Electrodeposited Paint
F8 | Olive Drab Zn-Co Plating
Omit for standard version (See Note 2)

TABLE I: PART NUMBER AND CONNECTOR SIZE DESIGNATOR

Part Number Shell size Sleeve A . B F thread L V thread
min. | Max.
IT 3057-10C 18 IT 3420 - 6A/ 10A 31.0| 9.60(15.87(1.0000 - 20UNEF [35.3| 6-32NC
IT 3057-12C 20-22 IT 3420-8A/ 12A 37.3(11.30(19.00(1.1875-18UNEF [35.7 | 8-32NC
IT 3057-16C 24 - 28 IT 3420-8A/12A/16A |42.0|15.50|23.80(1.4375-18UNEF |38.5| 8-32NC
IT 3057-20C 32 IT 3420 - 12A/ 16A / 20A [54.0 | 23.40|31.75|1.7500 - 18UNS [ 44.8 | 250 - 20NC
IT 3057-24C 36 IT 3420 - 16A / 18A / 24A [57.1 | 23.40|35.00|2.0000 - 18UNS [ 51.6 | 250 - 20NC
IT 3057-28C 40 IT 3420 - 16A / 20A / 28A [63.5(29.90|41.25]2.2500 - 16UN 51.6 [ 250 - 20NC

Application Notes:
1. General duty cable clamp suitable for jacketed or multipolar cable or wires protected by tubing.

2. Standard materials configuration consistes of aluminum alloy with cadmium free conductive finish
and black passivation.

3. Other types of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.
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IT 3420-XX (Class A)

. -
Neoprene Sleeve for Protection & Reduction
enaz& Used with Class A Cable Clamps
IT 3420-10
MIL-C-5015 CompatibIeJ

Accessory

Basic Part Number
and Shell Size Designator (Table I)

©

L DA

Lzzmm

L-
Q

o

IT 3420-XX Neoprene Sleeve
to be used with Class A Cable Clamps

TABLE I: PART NUMBER AND SHELL SIZE DESIGNATOR

A B Cc L
Part Number 0.1 ~0.1 ~0.1 ~0.1
IT3420 - 10 220 15.62 12.27 603
IT3420 - 12 27.0 18.79 15.87 571
IT3420 - 16 333 2354 19.05 53.9
IT3420 - 20 405 31.49 23.79 50.8
IT3420 - 24 46.9 34.67 31.75 476
IT3420 - 28 52.9 40.99 34.92 444

Application Notes:
1. IT 3420-XX: Neoprene bushing for protection and reduction, used with class A cable clamps.

2. Other types of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.
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IT 3420-XXA (Class C)

Neoprene Sleeve for Protection & Reduction
Used with Class C Cable Clamps

IT 3420-10A
MIL-C-5015 Compatible —-l

Accessory

Basic Part Number
and Shell Size Designator (Table I)

2B

|
L A

IT 3420-XXA Neoprene Sleeve
to be used with Class C Cable Clamps

TABLE I: PART NUMBER AND SHELL SIZE DESIGNATOR

Part Number A B L
-0.1 -0.1 -0.1
IT3420 - 6A 10:50 7.93 50.5
IT3420 - 8A 13:50 11.10 50.5
IT3420 - 10A 15.70 11.10 50.5
IT3420 - 12A 18:50 13.74 50.9
IT3420 - 16A 23.60 19.00 50.9
IT3420 - 20A 31.10 23.80 50.2
IT3420 - 24A 33.90 28.50 51.1
IT3420 - 28A 40.60 31.80 50.2

Application Notes:
1. IT 3420-XXA: Neoprene bushing for protection and reduction, used with class C cable clamps

2. Other types of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.
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IT 40450-XX and IT 40450-XXS

Connector Mounting Gaskets
for Front-Mounted Square Flange Receptacle
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MIL-C-5015 Compatible
Accessory
Basic Part Number

and Shell Size Designator
(Table 1)

S = Conductive
(Omit for Non-Conductive)

1 t0.4——H—~ OR 0.5%0.2 —=J=— OR
- (7 )
O & 7
<
S s | +
fan m
—1 X N7,
m/ s aT / s
IT 40450-XX IT 40450-XXS
Non-Conductive Conductive

TABLE I: PART NUMBER AND SHELL SIZE DESIGNATOR

. A R S T
Part Number Shell size 1 0.2 05 +0.5
IT 40450 - 18 18 28.4 27.0 35.0 4.2
IT 40450 - 20 20 31.6 29.4 38.0 4.2
IT 40450 - 22 22 34.8 31.8 41.0 4.2
IT 40450 - 24 24 38.0 34.9 44.5 4.2
IT 40450 - 28 28 44.3 39.7 50.8 5.1
IT 40450 - 32 32 50.7 44.5 57.0 51
IT 40450 - 36 36 57.0 49.2 63.5 51
IT 40450 - 40 40 61.9 55.5 69.9 5.1

Application Notes:
1. Conductiuve and non-conductive gasket for front-mount square flange connectors.

2. Other types of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.
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IT 40460-XX and IT 40460-XXS

Connector Mounting Gaskets
for Rear-Mounted Square Flange Receptacle

lenair:

IT

MIL-C-5015 CompatibleJ

Accessory

Basic Part Number
and Shell Size Designator
(Table I)

S = Conductive
(Omit for Non-Conductive)

S
(=4
o)
1
=N
(o0}
le

1 £0.4 ii ORrR 0.5%0.2 OR
_ fan m
ANV \V
< |
s s
i D D T s
oT / as oT / as
IT 40460-XX IT 40460-XXS
Non-Conductive Conductive

TABLE I: PART NUMBER AND SHELL SIZE DESIGNATOR

. A R S T
Part Number Shell size +0.3 0.2 05 +0.5
IT 40460 - 18 18 30.8 27.0 35.0 4.2
IT 40460 - 20 20 34.2 29.4 38.0 4.2
IT 40460 - 22 22 374 31.8 41.0 4.2
IT 40460 - 24 24 40.9 34.9 44 .5 4.2
IT 40460 - 28 28 46.7 39.7 50.8 5.1
IT 40460 - 32 32 53.4 445 57.0 5.1
IT 40460 - 36 36 59.6 49.2 63.5 5.1
IT 40460 - 40 40 65.5 55.5 69.9 5.1

Application Notes:
1. Conductive and non-conductive gasket for rear-mount square flange connectors.

2. Other types of front and rear connector accessories are available.
See our website and/or contact the factory for complete information.
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Crimping Tools
for Termination of ITH Connectors

$J0JO3UU0)
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CRIMPING TOOLS

M.105001 Crimping tool for #20 contacts
M.105007 Crimping tool for #16 and #12 contacts
M.105000 Crimping tool for #8 contacts

M.112000 Pneumatic crimping tool for #8 contacts
M.112004 Hydraulic crimping tool for #8 contacts
M.22520.5.01 Crimping tool for #8 Coaxial contacts
M.104012 Crimping die for #20 contacts
M.104000 Positioner for #16 contacts

M.104001 Positioner for #12 contacts
M.104002 Positioner for #8 contacts
M.112001 Crimping die for #8 contacts (for M.112000)

M.112005 Crimping die for #8 contacts (for M.112004)

Consult The Factory for Custom Toolkits
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Insertion and Removal Tools 4
for Assembly of ITH Connectors ZT
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Connectors

INSERTION & REMOVAL TOOLS

M.104013 Removal tool for #20 contacts
M.104003 Removal tool for #16 contacts
M.104004 Removal tool for #12 contacts
M.104005 Removal tool for #8 contacts

M.104014 Insertion tool for #20 contacts
M.117349 Insertion tool for #16 contacts
M.117350 Insertion tool for #12 contacts
M.117354 Insertion tool for #8 contacts

Consult The Factory for Custom Toolkits
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, Series ITH Rigid Insert Reverse Bayonet
l Connector Products and Part Numbers
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More Options Than Ever Before!

Glenair Commercial Series ITS
Reverse Bayonet Connectors

lenaz'n

EU Sales: Glenair Connectors ltalia, S.r.L. Tel: +39-02-91082121 Email: sales-italia@glenair.com
North American Sales: Glenair Connecticut, Tel: 203-741-1115 Email: sales@glenair.com
Factory Support: Commital S.p.a. (Italy) Tel: +39-51-7821811 Email: commital@commital.com

www.glenair.com

A World of Interconnect Solutions
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