Elenam

Military
Designator

M28840/23

“E Nut”

Size

M28840/23

Material and Finish
W - Aluminum, Cadmium Plate, O.D. over Electroless Nickel
D - Corrosion Resistant Steel, Cadmium Plate, Black
L - Aluminum, Tin-Zinc Plate, over Electroless Nickel,
Non-Refilective, RoHS

.718(18.2)
+.062 (1.6)
(5.8)
AThread Ref.
i
B \
Captive :
Coupling Nut

A
Thread

Ring

Clearance Hole For .032 (.8) Dia.
Safety Wire (3 Places 120° Apart)

B
Max.

Designator Class 2B Diameter

A (11) .750-20 UNEF 1.028 (26.11)
B (13) .875-20 UNEF 1.14 (26.11)

C (15) 1.000-20 UNEF 2.263 (32.08)
D (17) 1.125-18 UNEF 1.387 (35.23)
E (19) 1.250-18 UNEF 1.513 (38.43)
F (23) 1.438-18 UNEF 1.703 (43.51)
G (25) 1.562-18 UNEF 1.825 (46.35)
H (29) 1.876-16 UN 2.143 (54.43)
J (33) 2.062-16 UNS 2.329 (59.16)
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